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Fittings & Quick Disconnects

Fittings for Copper Tubing(G 1/4 BSPP)

Item Code NZL-CU06 NZL-CU10
oD 06mm(1/4in) 06mm(1/4in)
Weight 0.06 1b(0.03 kqg) 0.07 1b(0.03 kqg)
Materials Brass, Nickel Plating, EPDM | Brass, Nickel Plating, EPDM

Max Pressure @ 25°C

20kgf/cm?2 (284.5psi)

20kgf/cm?2 (284.5psi)

Max Temperature

120°C (248°F)

120°C (248°F)

OD: 10mm (3/8")

Intended Tubing Size
o

Wall




Fittings for Flexible Plastic Tubing
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Item Code FIT-V03 FIT-VO3N14 FIT-V06B-SS | FIT-LO6X10-BK|FIT-VO6X10-BK| FIT-V06X10 FIT-LO6X10 FIT-P06 NZL-V06BS NZL-L06B
Weight 0.03 Ib (0.01 kg) | 0.03 Ib (0.01 kg) | 0.03 1b(0.01 kg) | 0.09 Ib(0.04 kg) | 0.04 1b(0.02 kg) | 0.04 1b(0.02 kg) | 0.09 Ib(0.04 kg) | 0.04 1b(0.02 kg) | 0.04 Ib(0.02 kg) | 0.07 Ib(0.03 kg)

ID 3mm (1/8") 3mm (1/8") 6mm (1/4") 6mm (1/4") 6mm (1/4") 6mm (1/4") 6mm (1/4") 6mm (1/4") 6mm (1/4") 6mm (1/4")

TL’:;';d:;e oD 5mm (01977 | Smm (0.197") | 10mm (3/8") | 10mm (3/8") | 10mm (3/8") | 10mm (3/8") | 10mm (3/8" | 10mm (3/8") | 10mm (3/8) | 10mm (3/8")
Wall Tmm (0.039") Tmm (0.039") 2mm (5/64") 2mm (5/64") 2mm (5/64") 2mm (5/64") 2mm (5/64") 2mm (5/64") 2mm (5/64") 2mm (5/64")

Thread G 1/4 BSPP NPT 1/4 G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP
Nickel-Plated Nickel-Plated Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials Brass, Stainless | Brass, Stainless | SUS 316, EPDM Brass, EPDM Brass, EPDM PIating’;, EPDM PIating’;, EPDM PIating’;, EPDM PIating’;, EPDM PIating’;, EPDM

Steel, EPDM Steel, EPDM
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100°C (212°F) 100°C (212°F)

Max Temperature

120°C (248°F)

120°C (248°F)

120°C (248°F)

100°C (212°F)

120°C (248°F)

120°C (248°F)

100°C (212°F)

100°C (212°F)
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FIT-L10X13-BK

FIT-L10X13

Max Temperature

120°C (248°F)

100°C (212°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

Item Code NZL-VO6B | FIT-VO6N14-SS|FIT-LO6X10N14|FIT-VO6X10N14| FIT-V10B-SS | FIT-V10X13 |FIT-V10X13-BK| FIT-V10X16

Weight 0.03 1b(0.01 kg) | 0.03 Ib(0.01 kg) | 0.09 Ib(0.04 kg) | 0.04 1b(0.02 kg) | 0.03 Ib (0.01 kg) | 0.07 Ib (0.03 kg) | 0.07 Ib (0.03 kg) | 0.09 Ib (0.04 kg) | 0.11 Ib (0.05 kg) | 0.11 Ib (0.05 kg)

ID 6mm (1/4") 6mm (1/4") 6mm (1/4") 6mm (1/4") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8")

T::i:;d:;e oD 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 13mm (1/2") 13mm (1/2") 13mm (1/2") 16mm (5/8") 13mm (1/2") 13mm (1/2")
Wall 2mm (5/64") 2mm (5/64") 2mm (5/64") 2mm (5/64") | 1.5mm (1716 | 1.5mm (1/16" | 1.5mm (1/16") 3mm (1/8") 1.5mm (1/16" | 1.5mm (1/16")

Thread G 1/4 BSPP NPT 1/4 NPT 1/4 NPT 1/4 G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP
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Item Code FIT-V10X16-BK| FIT-L10X16 |FIT-L10X16-BK FIT-P10 NZL-V10BS | NZL-V10B-BK | NZL-L10B-BK NZL-L10B NZL-V10B |FIT-V1ION14-SS
Weight 0.09 Ib (0.04 kg) | 0.14 Ib (0.06 kg) | 0.14 Ib (0.06 kg) | 0.04 Ib (0.02 kg) | 0.05 Ib (0.02 kg) | 0.03 Ib (0.01 kg) | 0.08 Ib (0.04 kg) | 0.08 Ib (0.04 kg) | 0.03 Ib (0.01 kg) | 0.03 Ib(0.00 kg)
ID 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8")
Intended
" .en e. oD 16mm (5/8") 16mm (5/8") 16mm (5/8") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2")
Tubing Size
Wall 3mm (1/8") 3mm (1/8") 3mm (1/8") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16")
Thread G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP NPT 1/4
. Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials Brass, EPDM . Brass, EPDM . . Brass, EPDM Brass, EPDM . . SUS 316, EPDM
Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM
o 15kgf/cm2 8kgf/cm2 8kgf/cm2 Skgf/cm?2 8kgf/cm2 15kgf/cm2 8kgf/cm2 8kgf/cm2 15kgf/cm2 15kgf/cm2
Max Pressure @25°C (213.4psi) (113.8psi) (113.8psi) (71.1psi) (113.8psi) (213.4psi) (113.8psi) (113.8psi) (213.4psi) (213.4psi)
100°C (212°F) 120°C (248°F) 120°C (248°F)

Max Temperature

120°C (248°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

120°C (248°F)

100°C (212°F)
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Item Code FIT-V10X13N14|FIT-V10X16N14|FIT-L10X13N14|FIT-L10X16N14| FIT-V1I0ON14 FIT-V13X16 FIT-V13B-SS |FIT-V13X16-BK| FIT-L13X16 |FIT-V13X19-BK
Weight 0.07 Ib (0.03 kg) | 0.09 Ib (0.04 kg) | 0.11 Ib (0.05 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.03 kg) | 0.09 Ib (0.04 kg) | 0.04 Ib (0.02 kg) | 0.09 Ib (0.04 kg) | 0.13 Ib (0.06 kg) | 0.09 Ib (0.04 kg)
ID 170mm (3/8") 170mm (3/8") 170mm (3/8") 170mm (3/8") 10mm (3/8") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2")
Intended
Tubing Si oD 13mm (1/2") 16mm (5/8") 13mm (1/2") 16mm (5/8") 13mm (1/2") 16mm (5/8") 16mm (5/8") 16mm (5/8") 16mm (5/8") 19mm (3/4")
ubing Size
Wall 1.5mm (1/16") 3mm (1/8") 1.5mm (1/16") 3mm (1/8") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 3mm (1/8")
Thread NPT 1/4 NPT 1/4 NPT 1/4 NPT 1/4 NPT 1/4 G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP
. Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials ) ) ) ) ) . SUS 316, EPDM Brass, EPDM . Brass, EPDM
Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM
Max Pressure @25°C 15kgf/cm2 15kgf/cm2 8kgf/cm? 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2 8kgf/cm? 15kgf/cm2
(213.4psi) (213.4psi) (113.8psi) (213.4psi) (213.4psi) (213.4psi) (213.4psi) (213.4psi) (113.8psi) (213.4psi)
120°C (248°F) 100°C (212°F) 120°C (248°F)

Max Temperature

120°C (248°F)

100°C (212°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)




N 2% 0@ Noeo
Item Code FIT-V13X19 FIT-L13X19 |[FIT-L13X19-BK| NZL-V13B-BK | NZL-V13BS NZL-L13-BK | NZL-L13B-BK NZL-L13B NZL-V13B |FIT-V13N14-SS
Weight 0.09 Ib (0.04 kg) | 0.16 Ib (0.07 kg) | 0.16 Ib (0.07 kg) | 0.04 Ib (0.02 kg) [ 0.06 Ib (0.03 kg) | 0.13 Ib (0.06 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.04 Ib (0.02 kg) | 0.04 Ib (0.02 kg)
ID 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2")
Intended
T r:).en : oD 19mm (3/4") 19mm (3/4") 19mm (3/4") 16mm (5/8") 16mm (5/8") 16mm (5/8") 16mm (5/8") 16mm (5/8") 16mm (5/8") 16mm (5/8")
ubing Size
Wall 3mm (1/8") 3mm (1/8") 3mm (1/8") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16")
Thread G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP NPT 1/4
. Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials . . Brass, EPDM Brass, EPDM . Brass, EPDM Brass, EPDM . . SUS 316, EPDM
Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM
o 15kgf/cm2 8kgf/cm2 8kgf/cm2 15kgf/cm2 8kgf/cm2 8kgf/cm2 8kgf/cm2 8kgf/cm2 15kgf/cm2 15kgf/cm2
Max Pressure @25°C (213.4ps) (113.8ps) (113.8ps) (2134ps) (113.8ps) (113.8ps) (113.8ps) (113.8ps) (2134ps) (2134ps)

Max Temperature

120°C (248°F)

100°C (212°F)

100°C (212°F)

120°C (248°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

120°C (248°F)

120°C (248°F)
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Item Code FIT-VI3N14 |FIT-V13X16N14|FIT-V13X19N14|FIT-L13X16N 14
Weight 0.04 Ib (0.02 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.13 Ib (0.06 kg)
ID 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2")
Intended
. . oD 1émm (5/8") Témm (5/8") 19mm (3/4") 1émm (5/8")
Tubing Size
Wall 1.5mm (1/16") 1.5mm (1/16") 3mm (1/8") 1.5mm (1/16")
Thread NPT 1/4 NPT 1/4 NPT 1/4 NPT 1/4
. Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials . . . .
Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM
o 15kgf/cm2 15kgf/cm2 15kgf/cm2 8kgf/cm2
Max Pressure @25°C (213.4psi) (213.4psi) (213.4psi) (113.8psi)

Max Temperature

120°C (248°F)

120°C (248°F)

120°C (248°F)

100°C (212°F)




Fittings for Rigid Plastic Tubing

Item Code FIT-V13RT-BK | FIT-V12RT-BK | FIT-V16RT-BK | FIT-L13RT-BK | FIT-L12RT-BK | FIT-L16RT-BK
Weight 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg)
ID
Intended
. . oD 13mm (1/2") 12mm (15/32") 16mm (5/8") 13mm (1/2") 12mm (15/32") 16mm (5/8")
Tubing Size
Wall
Thread G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP
Materials Brass, EPDM Brass, EPDM Brass, EPDM Brass, EPDM Brass, EPDM Brass, EPDM

Manifolds, Splitters, Plugs
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Item Code ADT-XUTX4 SPL-XUFY5B |SCR-CP003PG-BK| SCR-CP003PG
Weight 0.13 Ib (0.06 kg) | 0.30 Ib (0.14 kg) | 0.03 Ib (0.01 kg) | 0.03 Ib (0.01 kg)
Thread G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP

Materials Brass, Nickel Brass, Nickel Brass. EPDM Brass, Nickel

! Plating, EPDM Plating, EPDM ' Plating, EPDM
o 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2
Max Pressure @25°C (213.4psi) (213.4psi) (213.4psi) (213.4psi)

Max Temperature

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)




Quick Disconnect Couplings
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Item Code QD1H-F03-P | QD1H-M03-P | QD1H-MSG4 QD1H-FSG4 QD1H-MN18 | QD2H-M06-P | QD2H-F06-P QD2H-FG4 QD2H-MG4 |QD3H-F10-P-SS
Weight 0.04 1b (0.02 kg) | 0.03 Ib (0.01 kg) | 0.03 Ib (0.01 kg) | 0.03 Ib (0.01 kg) | 0.03 Ib (0.01 kg) | 0.08 Ib (0.04 kg) | 0.13 Ib (0.06 kg) | 0.08 Ib (0.04 kg) | 0.08 Ib (0.04 kg) | 0.20 Ib (0.09 kg)
ID 3mm (1/8") 3mm (1/8") emm (1/4") emm (1/4") 170mm (3/8")
Intended
. . oD 5mm (0.197") 5mm (0.197") 10mm (3/8") 10mm (3/8") 13mm (1/2")
Tubing Size
Wall Tmm (0.039") Tmm (0.039") 2mm (5/64") 2mm (5/64") 1.5mm (1/16")
Thread G 1/4 BSPP G 1/4 BSPP NPT 1/8 G 1/4 BSPP G 1/4 BSPP
Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated
Materials Brass, Stainless Brass, Stainless Brass, Stainless Brass, Stainless Brass, Stainless Brass, Stainless Brass, Stainless Brass, Stainless Brass, Stainless | SUS 316, EPDM
Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM
Max Pressure @25°C 12kgf/cm2 12kgf/cm2 12kgf/cm2 12kgf/cm2 12kgf/cm2 12kgf/cm2 12kgf/cm2 12kgf/cm2 12kgf/cm2 12kgf/cm2
(170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi)

Max Temperature

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)
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Item Code QD3H-M10-P-SS| QD3H-F10-P | QD3H-M10-P | QD3H-F13-P | QD3H-M13-P |QD3H-MFG4-P| QD3H-MG4 | QD3H-MN14 QD3H-FG4 QD4H-F13-P
Weight 0.13 1b (0.06 kg) | 0.20 Ib (0.09 kg) | 0.13 Ib (0.06 kg) | 0.21 Ib (0.10 kg) | 0.14 Ib (0.06 kg) | 0.11 Ib (0.05 kg) | 0.11 Ib (0.05 kg) | 0.11 Ib (0.05 kg) | 0.17 Ib (0.08 kg) | 0.36 Ib (0.16 kg)
ID 170mm (3/8") 170mm (3/8") 170mm (3/8") 13mm (1/2") 13mm (1/2") 13mm (1/2")
Intended
oD 13mm (1/2") 13mm (1/2") 13mm (1/2") 16mm (5/8") 16mm (5/8") 16mm (5/8")

Tubing Size

Wall 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16")
Thread G 1/4 BSPP G 1/4 BSPP NPT 1/4 G 1/4 BSPP
Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials SUS 316, EPDM | Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless
Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM
12kgf/cm?2 12kgf/cm?2 12kgf/cm?2 12kgf/cm?2 12kgf/cm?2 12kgf/cm?2 12kgf/cm?2 12kgf/cm?2 12kgf/cm?2 12kgf/cm?2
Max Pressure @25°C 9" . 9" . 9" . 9" . 9" . 9"/ . 9"/ . 9"/ . 9"/ . 9"/ .
(170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi) (170.7psi)

Max Temperature

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)
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Item Code QD4H-M13-P | QD2-MS06X10| QD2-MS06-P | QD2-FS06-P | QD2-FS06X10 | QD2-MSN14 QD2-FSN14 QD2-MSG4 QD2-FSG4 QD3-MS10X16
Weight 0.36 Ib (0.16 kg) | 0.08 Ib (0.04 kg) | 0.08 Ib (0.04 kg) | 0.13 Ib (0.06 kg) | 0.13 Ib (0.06 kg) | 0.08 Ib (0.04 kg) | 0.08 Ib (0.04 kg) | 0.08 Ib (0.04 kg) | 0.08 Ib (0.04 kg) | 0.16 Ib (0.07 kg)
ID 13mm (1/2") emm (1/4") emm (1/4") emm (1/4") emm (1/4") 10mm (3/8")
Intended
. . oD 16mm (5/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 10mm (3/8") 16mm (5/8")
Tubing Size
Wall 1.5mm (1/16") 2mm (5/64") 2mm (5/64") 2mm (5/64") 2mm (5/64") 3mm (1/8")
Thread NPT 1/4 NPT 1/4 G 1/4 BSPP G 1/4 BSPP
Brass, Nickel Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Nickel-Plated Brass, Nickel
Materials Plating, Stainless | Brass, Stainless | Brass, Stainless | Brass, Stainless | Brass, Stainless | Brass, Stainless | Brass, Stainless | Brass, Stainless | Brass, Stainless | Plating, Stainless
Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM
8kgf, 2 8kgf, 2 8kgf, 2 8kgf, 2
a 193/;20 a 193/6;:”510 8kgf/cm2 8kgf/cm2 a 193/6;:”510 8kgf/cm2 a 193/6;:”510 8kgf/cm2
P P (113.8psi) (113.8psi) P (113.8psi) P (113.8psi)
12kgf/cm2 connected, connected, connected, connected, 8kgf/cm2
Max Pressure @25°C . connected, connected, connected, connected, .
(170.7psi) 8kgf/cm2 8kgf/cm2 . . 8kgf/cm2 . 8kgf/cm2 . (113.8psi)
. . Skgf/cm?2 (71psi) | Skgf/cm?2 (71psi) . Skgf/cm?2 (71psi) . Skgf/cm?2 (71psi)
(113.8psi) (113.8psi) (113.8psi) . (113.8psi) .
disconnected disconnected

disconnected

disconnected

disconnected

disconnected

disconnected

disconnected

Max Temperature

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)
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Item Code QD3-FS10-P | QD3-MS10X13| QD3-MS10-P | QD3-FS10X16 | QD3-FS10X13 [QD3-MS10X16-BK|QD3-MS10X13-BK|QD3-FS10X13-BK|QD3-FS10X16-BK| QD3-FS13X19
Weight 0.20 Ib (0.09 kg) | 0.13 Ib (0.06 kg) | 0.13 Ib (0.06 kg) | 0.23 Ib (0.10 kg) | 0.21 Ib (0.10 kg) | 0.16 Ib (0.07 kg) | 0.13 Ib (0.06 kg) | 0.21 Ib (0.10 kg) | 0.23 Ib (0.10 kg) | 0.23 Ib (0.10 kg)
ID 170mm (3/8") 170mm (3/8") 170mm (3/8") 170mm (3/8") 170mm (3/8") T70mm (3/8") 170mm (3/8") 170mm (3/8") 170mm (3/8") 13mm (1/2")
Intended
Tubing Si oD 13mm (1/2") 13mm (1/2") 13mm (1/2") 16mm (5/8") 13mm (1/2") 16mm (5/8") 13mm (1/2") 13mm (1/2") 16mm (5/8") 19mm (3/4")
ubing Size
Wall 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 3mm (1/8") 1.5mm (1/16") 3mm (1/8") 1.5mm (1/16") 1.5mm (1/16") 3mm (1/8") 3mm (1/8")
Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Nickel-Plated . . . . Brass, Nickel
Material Plati Stain Plati Stain Plati Stain Plati Stain 8 Stainl Brass, Stainless Brass, Stainless Brass, Stainless Brass, Stainless Plati Stain
aterials ating, Stainless ating, Stainless ating, Stainless ating, Stainless rass, Stainless Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM ating, Stainless
Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM
Max Pressure @25°C 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm?
(113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi)

Max Temperature

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)




A ® N T
Item Code QD3-MS13-P | QD3-MS13X16| QD3-MS13X19| QD3-FS13-P |QD3-MS13X16-BK|QD3-FS13X16-BK|QD3-MS13X19-BK|QD3-FS13X19-BK| QD3-F13X16 | QD3-MSFG4-P
Weight 0.14 Ib (0.06 kg) | 0.16 Ib (0.07 kg) | 0.16 Ib (0.07 kg) | 0.21 Ib (0.10 kg) | 0.16 Ib (0.07 kg) | 0.23 Ib (0.10 kg) | 0.16 Ib (0.07 kg) | 0.23 Ib (0.10 kg) | 0.23 Ib (0.10 kg) | 0.11 Ib (0.05 kg)
ID 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2") 13mm (1/2")
Intended
. . oD 1émm (5/8") 16mm (5/8") 19mm (3/4") 16mm (5/8") 16mm (5/8") 16mm (5/8") 19mm (3/4") 19mm (3/4") 16mm (5/8")
Tubing Size
Wall 1.5mm (1/16") 1.5mm (1/16") 3mm (1/8") 1.5mm (1/16") 1.5mm (1/16") 1.5mm (1/16") 3mm (1/8") 3mm (1/8") 1.5mm (1/16")
Thread G 1/4 BSPP
Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel . . . . Brass, Nickel Brass, Nickel
Material Plating. Stainl Plating. Stainl Plating. Stainl Plating. Stainl Brass, Stainless Brass, Stainless Brass, Stainless Brass, Stainless Plating. Stainl Plating. Stainl
aterials ating, Stainless ating, Stainless ating, Stainless ating, Stainless Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM ating, Stainless ating, Stainless
Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM
Max Pressure @25°C 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm?
(113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi)

Max Temperature

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

> % | @
: . » y ¥
Item Code QD3-FSFG4-P | QD3-MSN14 QD3-FSN14 QD3-MSG4 QD3-FSG4 | QD3-MSG4-BK| QD3-FSG4-BK |QD3-MSFG4-P-BK| QD4-FS13X19 | QD4-MS13X19
Weight 0.17 Ib (0.08 kg) | 0.11 Ib (0.05 kg) | 0.17 Ib (0.08 kg) | 0.11 Ib (0.05 kg) | 0.17 Ib (0.08 kg) | 0.1 Ib (0.05 kg) | 0.19 Ib (0.09 kg) | 0.11 Ib (0.05 kg) | 0.36 Ib (0.16 kg) | 0.28 Ib (0.13 kg)
ID 13mm (1/2") 13mm (1/2")
Intended
. . oD 19mm (3/4") 19mm (3/4")
Tubing Size
Wall 3mm (1/8") 3mm (1/8")
Thread G 1/4 BSPP NPT 1/4 NPT 1/4 G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP
Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Chrome . . Brass, Nickel Brass, Nickel
. . . . . . . . . . . . . Brass, Stainless Brass, Stainless . ) . )
Materials Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless Steel. EPDM Steel. EPDM Plating, Stainless | Plating, Stainless
Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM eel eel Steel, EPDM Steel, EPDM
Max Pressure @25°C 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm?
(113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi)

Max Temperature

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)




Item Code QD4-MS13X19-BK|QD4-FS13X19-BK| QD4-FSG8 QD4-MSN38 QD4-FSN38 QD4-MSG8
Weight 0.28 b (0.13 kg) | 0.36 b (0.16 kg) | 0.33 Ib (0.15 kg) | 0.25 Ib (0.11 kg) | 0.33 Ib (0.15 kg) | 0.25 Ib (0.11 kg)
ID 13mm (1/2") 13mm (1/2")
Intended
. . oD 19mm (3/4") 19mm (3/4")
Tubing Size
Wall 3mm (1/8") 3mm (1/8")
Thread G 3/8 BSPP NPT 3/8 NPT 3/8 G 3/8 BSPP
. . Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
. Brass, Stainless | Brass, Stainless . . . . , . . .
Materials Plating, Stainless | Plating, Stainless | Plating, Stainless | Plating, Stainless
Steel, EPDM Steel, EPDM
Steel, EPDM Steel, EPDM Steel, EPDM Steel, EPDM
o 8kgf/cm2 8kgf/cm2 8kgf/cm2 8kgf/cm2 8kgf/cm2 8kgf/cm2
Max Pressure @25°C (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi)

Max Temperature

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

Thread Adapters
Item Code ADT-N14M-G14F-SS| ADT-G14M-N14F-SS| ADT-N18M-G14F-SS| ADT-N38M-G14F-SS| ADT-G14M-N38F| ADT-N38M-G14F| ADT-G14M-N14F| ADT-G14M-N18F| ADT-N14M-G14F| ADT-N18M-G14F
Weight 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.05 Ib (0.02 kg) | 0.04 Ib (0.02 kg) | 0.05 Ib (0.02 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg) | 0.09 Ib (0.04 kg)
Thread NPT 1/4 Male to | G 1/4 Male to | NPT 1/8 Male to | NPT 3/8 Maleto | G 1/4 Male to | NPT 3/8 Male to| G 1/4 Male to G 1/4 Male to | NPT 1/4 Male to | NPT 1/8 Male to
ea G 1/4 Female NPT 1/4 Female G 1/4 Female G 1/4 Female NPT 3/8 Female G 1/4 Female NPT 1/4 Female | NPT 1/8 Female G 1/4 Female G 1/4 Female
. Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials SUS 316, EPDM | SUS 316, EPDM | SUS 316, EPDM | SUS 316, EPDM . X . . . .
Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM
15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2 15kgf/cm2
Max Pressure @25°C 9t/ . 9t/ . 9t/ . 9t/ . 9t/ . 9 . 9 . 9 . 9 . 9" )
(213.4psi) (213.4psi) (213.4psi) (213.4psi) (213.4psi) (213.4psi) (213.4psi) (213.4psi) (213.4psi) (213.4psi)

Max Temperature

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)




e

Item Code ADT-G4AMGS8F | ADT-G4FG8M
Weight 0.10 Ib (0.05 kg) | 0.10 Ib (0.05 kg)
Thread G 1/4 Male to G | G 3/8 Male to G

rea 3/8 Female 1/4 Female

Material Brass, Nickel Brass, Nickel

ateriats Plating, EFDM | Plating, EPDM
o 15kgf/cm2 15kgf/cm2
Max Pressure @25°C (213.4ps) (213.4ps)

Max Temperature

120°C (248°F)

120°C (248°F)

Threaded Couplings

L=U

Item Code CNT-VDA34-BK| CNT-VDA2-BK| CNT-MEAU CNT-VDA2 CNT-VDA34 ADT-DXG45 |(ADT-DXG60-BK|ADT-DXG90-BK|ADT-DXG45-BK| ADT-DXG30
Weight 0.1 Ib (0.05 kg) | 0.06 Ib (0.03 kg) | 0.12 Ib (0.05 kg) | 0.06 Ib (0.03 kg) | 0.1 Ib (0.05 kg) | 0.06 Ib (0.03 kg) | 0.09 Ib (0.04 kg) | 0.13 Ib (0.06 kg) | 0.05 Ib (0.02 kg) | 0.05 Ib (0.02 kg)
ID
Intended oD
Tubing Size
Wall
Thread 2-3 Slot Spacing | 1 Slot Spacing G 1/4 BSPP 1 Slot Spacing | 2-3 Slot Spacing G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP
Material Brass, Nickel "1 g s EPDM | Brass, EPDM | Brass, epom | oross Mickel
aterials Plating, EPDM ' ' ' Plating, EPDM
Max Pressure @25°C 5k9f/Cm.2 5|<9f/Cm.2 2k9f/Crﬁ2 5k9f/cm? 5kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm?
(71.1psi) (71.1psi) (28.5psi) (71.1psi) (71.1psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi) (113.8psi)

Max Temperature

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)
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Item Code ADT-DXG60 ADT-DXG90 | NZL-LXG2-BK | NZL-LXG1-BK CNT-MEAU NZL-LXG2 NZL-LXG1 ADT-XFF-SS |ADT-XMF-L-BK| ADT-XMM-BK
Weight 0.09 Ib (0.04 kg) | 0.13 Ib (0.06 kg) | 0.09 Ib (0.04 kg) | 0.08 Ib (0.04 kg) | 0.12 Ib (0.05 kg) | 0.09 Ib (0.04 kg) | 0.08 Ib (0.04 kg) | 0.03 Ib (0.01 kg) | 0.06 Ib (0.03 kg) | 0.02 Ib (0.01 kg)
ID
Intended P
Tubing Size
Wall
Thread G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP
. Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials X X Brass, EPDM Brass, EPDM . . SUS 316, EPDM Brass, EPDM Brass, EPDM
Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM
Max Pressure @25°C 8kgf/cm? 8kgf/cm? 8kgf/cm? 8kgf/cm? 2kgf/cmg 8kgf/cm? 8kgf/cm? 15kgf/cm2 15kgf/cm2 15kgf/cm2
(113.8psi) (113.8psi) (113.8psi) (113.8psi) (28.5psi) (113.8psi) (113.8psi) (213.4psi) (213.4psi) (213.4psi)
Max Temperature 100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

100°C (212°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)

2

e

Item Code ADT-XFF-BK | ADT-XMF-BK ADT-XMF-L ADT-SMF ADT-SMM ADT-XMF ADT-XMM BKT-PCI-G ADT-XFF
Weight 0.03 1b (0.01 kg) | 0.03 Ib (0.01 kg) | 0.06 Ib (0.03 kg) | 0.04 Ib (0.02 kg) | 0.04 Ib (0.02 kg) | 0.03 Ib (0.01 kg) | 0.02 Ib (0.01 kg) | 0.10 Ib (0.05 kg) | 0.03 Ib (0.01 kg)
ID
Intended oD
Tubing Size
Wall
Thread G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP G 1/4 BSPP
. Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel Brass, Nickel
Materials Brass, EPDM Brass, EPDM . . . . . .
Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM Plating, EPDM
Max Pressure @25°C 15kgf/cm2 15kgf/cm2 15kgf/cm2 8kgf/cm? 8kgf/cm? 15kgf/cm2 15kgf/cm.2 15kgf/cm2
(213.4psi) (213.4psi) (213.4psi) (113.8psi) (113.8psi) (213.4psi) (213.4psi) (213.4psi)
Max Temperature 120°C (248°F)

120°C (248°F)

120°C (248°F)

100°C (212°F)

100°C (212°F)

120°C (248°F)

120°C (248°F)

120°C (248°F)




Tubing Adapters

Item Code ADT-10T13S | ADT-06T10S | ADT-06T13S
Weight 0.15 1b (0.07 kg) | 0.10 Ib (0.05 kg) | 0.13 Ib (0.06 kg)
ID
Intended oD
Tubing Size
Wall
from 10mm . .
. from 6mm (1/4in)|from 6mm (1/4in)
GBI DX |y o (3/8in) | 1D, 10mm (3/8in)
13mm (1/2in) OD| !
Thread ) OD to 10mm OD to 13mm
to 13mm (1/2in) . .
(3/8in) ID, 13mm | (1/2in) ID, 16mm
D> 16mm (1/2in) OD (5/8in) OD
(5/8in) OD
. Brass, Nickel Brass, Nickel Brass, Nickel
Materials . . .
Plating Plating Plating
o 15kgf/cm2 15kgf/cm2 15kgf/cm2
Max Pressure @25°C (213.4psi) (213.4psi) (213.4psi)

Max Temperature

200°C (392°F)

200°C (392°F)

200°C (392°F)




